FIRE

PUMP
a xylem brand pate  8-01-16
curve ACFO008 pump  16x10x22F 8150 speep 1485 rewm IMPELLER DATA
3500 GPM FIRE PUMP APPROVAL PRESSURE RANGE UL105-152PSI/FM103-153PSI
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