FIRE

PUMP
a xylem brand pate  7-01-15
curve AC5641-6 pump  16x10x22F 8150 speep 1485 rewm IMPELLER DATA
4000 GPM FIRE PUMP APPROVAL PRESSURE RANGE UL101-148 / FM100-148 P NG, OF
NO.  AC5768 VANES 4
MAX. MIN.
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