




Ultra Setter 
Pressure Independent Control Valves

The Bell & Gossett Ultra Setter line of Pressure Independent 
Control Valves combine innovative design with the latest 
technology and features to provide the highest level of  
energy efficient control for HVAC systems.

The Ultra Setter combines your branch balance valve, control 
valve, and differential pressure regulator into one easy-to-use 
valve. Additionally, the valve is the only PICV on the market that 
includes a GPM dial allowing the user to set the valve’s maximum 
flow rate without the need for charts or calculations. The valve’s 
integrated pressure/temperature ports make it easy to measure 
the differential pressure across the valve.

In a typical system without PICVs, pressure fluctuations can 
lead to wild variations in flow rate. These variations require the 
traditional control valves to constantly adjust as they find the right 
set point for their flow requirements. The Ultra Setter’s integrated 
differential pressure regulator compensates for these pressure 
fluctuations, keeping the flow rate constant. This reduces valve 
hunting, improves efficiency and saves money.

The Ultra Setter maintains its full control stroke irrespective of 
the maximum flow rate setting. This enables the valve to make 
much more accurate flow rate adjustments, further reducing valve 
hunting and improving control.

Because the valve always maintains 100% authority over the 
branch flow rate it is simple to size and select. No longer do you 
need to undersize the valve to ensure proper control. The wide 
range of flow rate capabilities from 0.13 GPM to 880 GPM, along 
with the GPM dial, makes the Ultra Setter is the easiest PICV 
available to select, install and commission.

Features & Benefits
• Field adjustable lockable GPM dial
• Full control stroke at all times
• No need to make Cv calculations when  

selecting control valves
• Always maintains 100% authority, ensuring  

excellent control
• Combination valve reduces cost and more 
 accurate flow control lowers lifecycle costs
• Globe valve design ensures complete shut-off  

and clog free operation
• Reduces system energy consumption and 
 improves system efficiency
• Sizes from ½” to 6”
• Flow Rates from 0.13 GPM to 880 GPM
• Choice of Siemens and Honeywell actuators
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Ultra Setter PICVs feature a truly innovative 
design that provides full stroke modulation 
at all times while maintaining constant set 
flow as system pressures fluctuate. The 
GPM dial makes it simple to select, size and 
commission. The combination of 2 valves 
in 1 reduces installation costs.

GPM Dial
All Bell & Gossett Ultra Setter valves have an 
easy-to-read GPM dial to set the maximum 
flow through the valve without the need for 
additional charts or calculations. The Ultra 
Setter is the only PICV that offers a GPM dial 
for unrivaled simplicity and ease of use.

Full Stroke Modulation
The Ultra Setter always maintains its full control 
stroke length regardless of the pre-set maximum 
flow rate. This gives the valve absolute authority 
over the branch flow rate, thus reducing valve 
hunting, improving efficiency, and lowering 
energy costs.

Differential Pressure Regulator
The integral differential pressure regulator 
constantly adjusts and compensates for fluctuations 
in system pressure, ensuring a constant flow rate 
and reducing energy use due to overflows and 
underflows. The result is more consistent energy 
transfer and improved occupant comfort.

Ultra Setter is the ultimate solution  
for hydronic system balance. 
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